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Ethernet1 Power-on Strapping Pins

ANA_MOD

PHY address: 100

mode[0..3]:
1110:RGMII, PLLON, INT;
1100:RGMII, PLLOFF, INT;

RX_CLK:
0 :1.5V I/O;
1 :1.8V I/O;
2.5V I/O: PULL UP/DOWN

DEFAULT:
LED_10_100:   H
LED_1000:     H
LED_ACT :     H
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