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i.MX8M PHY
USB_RESREF: Attach a 200-Ω 1% 100-ppm/C precision resistor-to-ground on the board. 
MIPIDSI_REXT:  15K-Ω
PCIE:  200-Ω±1% ± 100 ppm/°C precision resistor to-ground on the board.
HDMI:a 499Ω {±1% tolerance} resistor to-ground on the board

AC coupled differential low swing clock (HCSL levels)

AC coupled differential low swing clock (HCSL levels)

DIODES: NX5427001Z 5032 3.3V
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