Assumptions:  TWR-K60D100M tower kit with CW10.4 and MQX4.0.x.
Note K60D100M does not have floating point unit so floating point handled in software.
· Add the arm_abs_f32.c file (copy and paste from the CMSIS path) to hello2 Source directory from CMSIS install path.
· Add arm_sin_cos_example_f32.c (copy and paste from the CMSIS path) to hello2 Source directory from CMSIS install path..
· Use enhance version of the hello.c file that will test the CMSIS library and floating point.
 Now compile hello2 application and will see the below error/issues
[image: ]

· Now let’s make enhancements to the hello2 project Properties.




Change #1…Float ABI remains “No FPU (-mfloat-abi=soft)
[image: ]



Change #2…Add “Defined symbols (-D)” to Assembler and C Compiler Preprocessor menu[image: ][image: ]



Change #3…"C:\Folders\Kinetis\CMSIS_3_20\CMSIS\Lib\GCC\libarm_cortexM4l_math.a"
[image: ]


Change #4…add CMSIS paths to the “Include paths (-I)” C Compiler settings
"C:\Folders\Kinetis\CMSIS_3_20\CMSIS\Lib\GCC"
"C:\Folders\Kinetis\CMSIS_3_20\CMSIS\Include"
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