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Vi2-037 V12-038 v12-020 MEEIT vl L
BEHE 540 AR EH
VOLTAGE NOLOAD AT MAXIMUM EFFICIENCY STALL
OPERATING SPEED |CURRENT| SPEED |CURRENT | TOROUE | OUTPUT | EFF  |CURRENT | TOROUE
NOMINAL - 2
RANGE r/min A r/min A mN.M w % A mN.M
5.4V-9.0V 7.2V [ 21000 | 24 |17300 | 116 248 | 5149 | 67.7 | 52.8 168.7
GENERAL TEST TOLERANCE | £10% |2.8max| £10% |13.9max |20.58min|42.9min|62.5min| 44min |140.7min
BEES-DSE MBS H
TI{EfRE: 4.5-5.5v BEE: 0.16-0. 14sec/60° ( fa%k)
T1ERRFE: 200mA HAH: 5ke/lem
B 800mA Rst: 40. 5x20. 5x38 (nm)
PMW3ii %&: 50-300Hz HE: 44g
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